


STABLE AC Motor Slide Bases

Dimensions ... Mounting Slide Bases for NEMA Motors
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W56 - W145T Motor Slide Base Dimensions (WIEZTPWEZ255 Detsas beVeuneoplaqs eop (kg etias] ainol W6 WEEGTY145T)
MOBSEl Al B | c| D| E| F| G| H| I | J Kmm L M N | ow
56 10-5/8| 6-1/2 | 1-1/8 | 4-1/2 | 2-7/16| 1-1/2 | 3-13/16 2-7/8 3/8 3 2 mm 718 5/16 x1| 3/8x4 n/a
143T 10-1/2| 7-1/2 | 1-1/8 | 5-1/2 | 2-3/4 2 3-3/4 | 3-3/8 3/8 3 3mm | 13/16 | 5/16x1| 3/8x4 n/a
145T 10-1/2| 8-1/2 | 1-1/8 | 6-1/2 | 2-3/4 | 2-1/2 | 3-3/4 | 3-7/8 3/8 3 3mm | 13/16 | 5/16x1| 3/8x4 n/a
182T 12-3/4| 9-1/2 1-1/2 6-1/2 3-3/4 2-1/4 4-1/2 4-1/4 1/2 3 35mm| 1-1/2 | 3/8x1-3/4 1/2x6| 4-1/2
184T 12-3/4| 10-1/2| 1-1/2 7-1/2 3-3/4 2-3/4 4-1/2 4-3/4 1/2 3 35mm| 1-1/2 | 3/8x1-3/4 1/2x6| 5-1/2
213T 15 11 1-3/4 7-1/12 4-1/4 2-3/4 5-1/4 4-3/4 1/2 3-1/2 | 3.8mm| 1-1/2 | 3/8x1-3/4 1/2x6| 5-1/2
215T 15 12-1/2| 1-3/4 9 4-1/4 3-1/2 5-1/4 5-1/2 1/2 3-1/2 | 3.8mm| 1-1/2 | 3/8x1-3/4 1/2x6 7
254T 17-3/4| 15-1/8 2 10-3/4 5 4-1/8 | 6-1/4 | 6-5/8 5/8 4 4.6 mm 1-7/16| 1/2x 1-3/4 5/8 x 6| 5-5/16
256T 17-3/4| 16-7/8 2 12-1/2 5 5 6-1/4 7-1/2 5/8 4 4.6 mm| 1-7/16| 1/2x 1-3/4 5/8 x 6 7
284T 19-3/4| 16-7/8 2 12-1/2| 5-1/2 4-3/4 7 7-1/2 5/8 4-1/2 | 4.6 mm| 1-11/16 1/2x2 5/8 x 6 7
286T 19-3/4| 18-3/8 2 14 5-1/2 5-1/2 7 8-1/4 5/8 4-1/2 | 4.6 mm| 1-11/16 1/2x2 5/8 x 6 8
324T 22-3/4| 19-1/4| 2-1/2 14 6-1/4 5-1/4 8 8-1/2 3/4 5-1/4 | 4.6 mm| 2-3/16| 5/8 x 2-1/2 3/4x9 7
326T 22-3/4| 20-3/4| 2-1/2 | 15-1/2| 6-1/4 6 8 9-1/4 3/4 5-1/4 | 4.6 mm| 2-3/16| 5/8 x 2-1/2 3/4x9| 8-1/2
364T 25-1/2| 20-1/2| 2-1/2 | 15-1/2 7 5-5/8 9 9-1/8 3/4 6 58 mm| 2-1/16| 5/8 x 2-1/4 3/4x9| 7-3/4
365T 25-1/2| 21-1/2| 2-1/2 | 16-1/2 7 6-1/8 9 9-5/8 3/4 6 58 mm| 2-1/16| 5/8 x 2-1/4 3/4x9| 8-3/4
404T 28-3/4| 22-3/8 3 16-1/2 8 6-1/8 10 9-7/8 718 7 58 mm| 2-1/2 3/4x3 | 34x11 8-3/4
405T 28-3/4| 23-7/8 3 18 8 6-7/8 10 10-5/8| 7/8 7 58 mm| 2-1/2 3/4x3 | 34x11 10-1/4
444T 31-1/4| 24-5/8 3 19-1/4 9 7-1/4 11 11 718 7-1/2 | 5.8 mm 2-1/2 3/4x3 | 34x11] 11
445T 31-1/4| 26-5/8 3 21-1/4 9 8-1/4 11 12 718 7-1/2 | 5.8 mm 2-1/2 3/4x3 | 34x11] 13
447T 31-1/4| 30-1/8 3 24-3/4 9 10 11 13-3/4| 7/8 7-1/2 8 mm 3 3/4 x 3-1/4 3/4x 11 16-1/2
449T 31-1/4| 35-1/8 3 29-3/4 9 12-1/2 11 16-1/4| 7/8 7-1/2 8 mm 3 3/4 x 3-1/4 3/4x 11 21-1/2
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